Pellicle Beamsplitter

Metalic/Dielectric Coated Pellicle Beamsplitter
33R/67T Splitting Ratio (400 - 700nm)
Typical Transmission Curve
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Pellicle Beamsplitter

Dielectric Coated Pellicle Beamsplitter
33R/67T Splitting Ratio (400 - 700nm)

Typical Reflection Curve
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