Coating Curve B
1030nm T, 343nm R, Yb:doped Ultrafast Harmonic Separator
Coating Reflectivity Performance
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Coating Curve B O o
1030nm T, 343nm R, Yb:doped Ultrafast Harmonic Separator
Coating GDD Performance
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