
35.80mm
1.409in

19.80mm
.780in

1"-32 UN-2A
C-MOUNT

35.80mm
1.409in

 6.00mm
.236in

 

44.15mm
1.738in

SYSTEM LENGTH 
AT INFINITY 2

1.13mm  1 
.044in 

REAR PROTRUSION AT INFINITY 
3.50mm IRIS LOCK SCREW* 
.138in 

3.60mm FOCUS LOCK SCREW* 
.142in 

 12.50mm
.492in

 

 8.55mm
.337in

 

 9.75mm
.384in

 

 4.00mm
.157in

 

M34x0.5
FILTER

THREAD

*ALSO INCLUDES RECESSED SET SCREW OPTION 

® 

Edmund Optics® 

6mm C Series Fixed Focal Length SWIR Lens 
23218 

DISTANCE TO FRONT ELEMENT 0.38mm
.015in

FILTER THREAD 2.34mm
.092in

36.00mm
1.417in

MAXIMUM
OUTER

DIAMETER

FOCUS ADJUST RING

1. 0.25mm[.010in] @ 75mm WORKING DISTANCE.

2. 44.60mm[1.756in] @ 75mm WORKING DISTANCE.

FOR INFORMATION ONLY:
DO NOT MANUFACTURE 
PARTS TO THIS DRAWING

SPECIFICATIONS SUBJECT TO CHANGE 
WITHOUT NOTICE.
DIMENSIONS ARE FOR REFERENCE ONLY.
FOR DETAILED SPECIFICATIONS,
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