Beam Expander 1x-4x
Fused Silica Systems

— Diffraction-limited performance for all
magnifications

Specification

— No internal foci Materials
— No internal reflections in elements for all Entrance elements: Fused silica
magnifications Exit elements: Fused silica
Transmission: >97 %
Mounting @: 37.6 (0/-0.1) mm or

1030-1080 nm  515-540 nm 355 nm mounting thread M30x1

GDD": 134 fs2 547 fs? 972 fs? Weight: 0.19 kg
LIDT coating 5.0 J/cm? * 2.5)/cm2* 1.0 J/cm2 *
pulsed; CW2: (t/[ns]) A 0.30; (t/[ns]) A 0.35; (t/[ns]) A 0.40;
5.0 MW/cm? 2.5 MW/cm? 1.0 MW/cm? — - -
Magpnification Expansion scale  Focusing scale
LIDT system 1.00 J/cm?2 * 0.50 J/cm2 * 0.20 J/cm2 * ] 00 00
pulsed; CW?: (t/[ns)) A 0.30;  (¢/[ns]) A 0.35;  (/[ns]) A 0.40; x U mm .0 mm
1.00 MW/cm? 0.50 MW/cm? 0.20 MW/cm? 4x 7.4 mm 13.3mm
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all wavelength versions.
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