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Laser Line Coated Off-Axis Parabolic (OAP) Mirrors
Dielectric Laser Line Coatings for 532 and 1064nm
Ideal for Collimating or Focusing Nd:YAG Laser Light
>99.5% Reflectivity at Nd:YAG Design Wavelengths
Metallic Coated Off-Axis Parabolic Mirrors Also Available

Common Specifications
Physical & Mechanical Properties

Surface Roughness
(ÅÅ): <50 RMS Clear Aperture (%): 90

Optical Properties

Focal Length Tolerance
(%): ±1 Coating Type: Dielectric

Off-Set Angle (°): 90 Surface Figure, RMS: λ/8

Surface Quality: 60-40 Substrate: Aluminum 6061-T6

Reflected Wavefront,
RMS: λ/4

https://www.edmundoptics.com/c/products/0/
https://www.edmundoptics.com/c/optics/602/
https://www.edmundoptics.com/c/optical-mirrors/609/
https://www.edmundoptics.com/c/off-axis-mirrors/1198/
https://www.edmundoptics.in/c/reflective/1198/


Technical Information





Products

Dia.
(mm)

EFL
(mm)  Coating 

 Off-
Set

Angle
(°) 

 Surface
Roughness

(ÅÅ) 
 Stock

Number  Price Buy

12.70 12.70
Dielectric

Mirror
(532nm)

90 <50 RMS #15-339 ₹24,289 
Qty 6+ ₹21,860

  10 to 12 days
 

12.70 25.40
Dielectric

Mirror
(532nm)

90 <50 RMS #15-340 ₹24,289 
Qty 6+ ₹21,860

  10 to 12 days
 

12.70 203.20
Dielectric

Mirror
(532nm)

90 <50 RMS #15-344 ₹24,289 
Qty 6+ ₹21,860

  10 to 12 days
 

25.40 25.40
Dielectric

Mirror
(532nm)

90 <50 RMS #15-345 ₹25,342 
Qty 6+ ₹22,791

  10 to 12 days
 

25.40 50.80
Dielectric

Mirror
(532nm)

90 <50 RMS #15-346 ₹25,342 
Qty 6+ ₹22,791

  10 to 12 days
 

25.40 203.20
Dielectric

Mirror
(532nm)

90 <50 RMS #15-352 ₹25,342 
Qty 6+ ₹22,791

  10 to 12 days
 

50.80 50.80
Dielectric

Mirror
(532nm)

90 <50 RMS #15-353 ₹43,316 
Qty 6+ ₹38,984

  Contact Us
 

50.80 190.60
Dielectric

Mirror
(532nm)

90 <50 RMS #15-358 ₹43,316 
Qty 6+ ₹38,984

  10 to 12 days
 

12.70 12.70
Dielectric

Mirror
(1064nm)

90 <50 RMS #15-365 ₹24,289 
Qty 6+ ₹21,860

  10 to 12 days
 

12.70 25.40
Dielectric

Mirror
(1064nm)

90 <50 RMS #15-366 ₹24,289 
Qty 6+ ₹21,860

  10 to 12 days
 

12.70 203.20
Dielectric

Mirror
(1064nm)

90 <50 RMS #15-370 ₹24,289 
Qty 6+ ₹21,860

  Contact Us
 

25.40 25.40
Dielectric

Mirror
(1064nm)

90 <50 RMS #15-371 ₹25,342 
Qty 6+ ₹22,791

  10 to 12 days
 

https://www.edmundoptics.com/p/127mm-dia-x-127mm-efl-532nm-dielectric-off-axis-parabolic-mirror/43857/
https://www.edmundoptics.com/p/127mm-dia-x-254mm-efl-532nm-dielectric-off-axis-parabolic-mirror/43858/
https://www.edmundoptics.com/p/127mm-dia-x-2032mm-efl-532nm-dielectric-off-axis-parabolic-mirror/43859/
https://www.edmundoptics.com/p/254mm-dia-x-254mm-efl-532nm-dielectric-off-axis-parabolic-mirror/43860/
https://www.edmundoptics.com/p/254mm-dia-x-508mm-efl-532nm-dielectric-off-axis-parabolic-mirror/43861/
https://www.edmundoptics.com/p/254mm-dia-x-2032mm-efl-532nm-dielectric-off-axis-parabolic-mirror/43862/
https://www.edmundoptics.com/p/508mm-dia-x-508mm-efl-532nm-dielectric-off-axis-parabolic-mirror/43863/
https://www.edmundoptics.com/p/508mm-dia-x-1906mm-efl-532nm-dielectric-off-axis-parabolic-mirror/43864/
https://www.edmundoptics.com/p/127mm-dia-x-127mm-efl-1064nm-dielectric-off-axis-parabolic-mirror/43865/
https://www.edmundoptics.com/p/127mm-dia-x-254mm-efl-1064nm-dielectric-off-axis-parabolic-mirror/43866/
https://www.edmundoptics.com/p/127mm-dia-x-2032mm-efl-1064nm-dielectric-off-axis-parabolic-mirror/43867/
https://www.edmundoptics.com/p/254mm-dia-x-254mm-efl-1064nm-dielectric-off-axis-parabolic-mirror/43868/


25.40 50.80
Dielectric

Mirror
(1064nm)

90 <50 RMS #15-372 ₹25,342 
Qty 6+ ₹22,791

  10 to 12 days
 

25.40 203.20
Dielectric

Mirror
(1064nm)

90 <50 RMS #15-378 ₹25,342 
Qty 6+ ₹22,791

  Contact Us
 

50.80 50.80
Dielectric

Mirror
(1064nm)

90 <50 RMS #15-379 ₹43,316 
Qty 6+ ₹38,984

  Contact Us
 

50.80 190.60
Dielectric

Mirror
(1064nm)

90 <50 RMS #15-384 ₹43,316 
Qty 6+ ₹38,984

  10 to 12 days
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https://www.edmundoptics.com/p/254mm-dia-x-508mm-efl-1064nm-dielectric-off-axis-parabolic-mirror/43869/
https://www.edmundoptics.com/p/254mm-dia-x-2032mm-efl-1064nm-dielectric-off-axis-parabolic-mirror/43870/
https://www.edmundoptics.com/p/508mm-dia-x-508mm-efl-1064nm-dielectric-off-axis-parabolic-mirror/43871/
https://www.edmundoptics.com/p/508mm-dia-x-1906mm-efl-1064nm-dielectric-off-axis-parabolic-mirror/43872/
https://www.edmundoptics.com
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